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OUR STORY

As a family business, Southwire® proudly continues building on our commitment to environmental
stewardship and corporate sustainability by prioritizing stakeholder expectations, and supporting
the wellbeing of our communities and the environment in which we live. To help us meet this
commitment, we organize our sustainability strategy around five core tenets: Growing Green,
Living Well, Giving Back, Doing Right, and Building Worth.

We Deliver Power...Responsibly®

We remain committed to the sustainability of our company for the
next 100 years and beyond. As we strengthen this commitment,
we continue to work hard every day to discover, develop and
distribute sustainable solutions that exceed the expectations

of our stakeholders around the world.

OUR MISSION

To be a preferred provider of solutions to the electrical industry by providing innovative products and services with exceptional quality.

OUR VALUES

Our ONE Southwire culture prioritizes the interests of our team members, customers, and communities through
a continuous commitment to empowerment, trust, consistency, and inclusion.

OUR PRODUCTS

Our product teams and dedicated resources work together to listen to and work with our customers, creating solutions
that deliver unparalleled value through product innovation, safety and efficiency.

OUR SERVICE

Service is more than a word or a phone number; it’s a tangible support system that assists you through the entire project cycle;
from our knowledgeable customer service team, to our experienced field sales team, we’re there every step of the way.

SOUTHWIRE.COM | 1-800-444-1700
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THERMOSTAT

WIRE AND CABLE

AND TOOLS

Southwire has a long history of innovating to

meet customer needs. Our vast selection of

HVAC products keeps pace with construction and
engineering changes like ductless heating and
cooling. We can supply any type of HVAC wire and
cable to meet your needs. This includes products
like our Tstat® wire and our award winning EZ-IN™
Mini-Split cables, along with the necessary hand
tools and connectors you need to get the job done.

¢ Thermostat Cable - Riser

¢ Thermostat Cable - Plenum
e Mini-Split Tray Cable

e EZ-IN™ Mini Split

e Ultra-Whip® Pre-Assembled Non-Metallic Whips
e Shielded Riser Rated Cable

e QUIK STRIP™ UF-B Underground Feeder Cable
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GENERAL PURPOSE

THERMOSTAT CABLE

THERMOSTAT CABLE - UNSHIELDED

¢ Rated 150 Volt
e Sunlight-Resistant
\ ¢ 60°C 18 and 20 Gauge Copper Conductors
e Operating Temperature: -20°C to 60°C
=3
S N APPLIcATION_ _ o o _
mo Thermostat Wire is a class 2 power-limited circuit cable for use in thermostat
E 9. control applications
» 3
E GONS_TRU(:TION _ _ _ _
m ¢ Solid copper conductors w_|th 6 m|Is_ of HDPE insulation _
E e Conductors are covered with a PVC jacket, brown or white
S ¢ Ripcord
=
SPECIFICATIONS
¢ 150 Voltage rating per NEC® Article 725
GTI’ ¢ ETL listed to UL 13
ke \(QHS e Meets UL 1581 Vertical Tray Flame Test (FT-1)
¢ Type CL2
P |
55302 TSTAT 18/2C SOL CU N/S CM/CL2 PVC 18 2 Solid 0.132 6.52 137 135
55303 TSTAT 18/3C SOL CU N/S CM/CL2 PVC 18 3 Solid 0.14 6.52 19.2 18.9 >
55304 TSTAT 18/4C SOL CU N/S CM/CL2 PVC 18 4 Solid 0.154 6.52 25.05 24.6 n
55305 TSTAT 18/5C SOL CU N/S CM/CL2 PVC 18 5 Solid 017 6.52 31.14 30.3
55306 TSTAT 18/6C SOL CU N/S CM/CL2 PVC 18 6 Solid 0.186 6.52 36.77 36.1 q
55307 TSTAT 18/7C SOL CU N/S CM/CL2 PVC 18 7 Solid 0.186 6.52 42.29 1.3 m
55308 TSTAT 18/8C SOL CU N/S CM/CL2 PVC 18 8 Solid 0.202 6.52 47.86 46.9 q
55310 TSTAT 18/10C SOL CU N/S CM/CL2PVC | 18 10 Solid 0.238 6.52 59.53 58.3
55312 TSTAT 18/12C SOL CU N/S CM/CL2 PVC 18 12 Solid 0.245 6.52 70.13 68.7 >
55202 TSTAT 20/2C SOL CU N/S CM/CL2 PVC 20 2 Solid 0.114 114 9.2 9.2 q
55203 TSTAT 20/3C SOL CU N/S CM/CL2 PVC 20 3 Solid 0.121 1141 12.6 12.6 —
55204 TSTAT 20/4C SOL CU N/S CM/CL2 PVC 20 4 Solid 0.132 1141 16.2 16.2 _I m
55205 TSTAT 20/5C SOL CU N/S CM/CL2 PVC 20 5 Solid 0.147 1.1 20.1 20.1 - m
55206 TSTAT 20/6C SOL CU N/S CM/CL2 PVC 20 6 Solid 0.16 1.1 237 237 g —
55207 TSTAT 20/7C SOL CU N/S CM/CL2 PVC 20 7 Solid 0.16 1141 27 27.0 g g
55208 TSTAT 20/8C SOL CU N/S CM/CL2 PVC 20 8 Solid 0.173 111 30.5 30.4 o >
55210 TSTAT 20/10C SOL CU N/S CM/CL2 PVC 20 10 Solid 0.202 111 38 38.0 U‘J —
55212 TSTAT 20/12C SOL CU N/S CM/CL2 PVC 20 12 Solid 0.209 111 443 443 ;I E
=13
o
1.Red ® 2. White 3. Green @ 4.Blue ® 5. Yellow 6. Brown ® g 8
7. Orange 8.Black ® 9.Pink ® 10. Gray ® 11.Tan 12. Purple ® I'II_'I m
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PLENUM THERMOSTAT CABLE

THERMOSTAT CABLE PLENUM RATED - UNSHIELDED

r * Rated 150 Volt
\ e Operating Temperature: -20°C to 75°C
~
\ APPLICATION
E n§. Thermostat Wire is a class 2 power-limited circuit cable for use in thermostat
g § control applications from floor to floor and up access shafts without conduit
mo
=S CONSTRUCTION
» = ¢ Copper conductors
E ¢ Low smoke PVC insulation
m ¢ Conductors are paralleled and covered with a PVC jacket
E ¢ Ripcord
8
] SPECIFICATIONS
e ETL Listed CL2P
elllb e G(UL)US Listed CMP FT6
I'_||J LEGEND
(aa] BARON WIRE 555xxxxxx XX AWG XX/C G{ETL}US TYPE CMP/CL2P 75{D}C
g c Ul. Us BAROPLEN -- TYPE CMP FT6 -- {MM/DD/YY} {HH:MM}
|<_E LI;TED
[
S [RUAY
= oHS
(o'
Ll
I:I—: MODEL # DESCRIPTION AWG  #COND :‘?;:)I‘DED 33:'?'2."»:‘3‘ ?OGH:‘VIESSASJ:(;“F(':: AT 20°C) :'gs‘/nﬁlg: :T)
E 55502 TSTAT 18/2C SOL CL2P Plenum 18 2 Solid 0.132 6.67 15.8
: 55503 TSTAT 18/3C SOL CL2P Plenum 18 3 Solid 0.140 6.67 21.9
E 55504 TSTAT 18/4C SOL CL2P Plenum 18 4 Solid 0.168 6.67 28.4
| 55505 TSTAT 18/5C SOL CL2P Plenum 18 5 Solid 0.188 6.67 355
o- 55506 TSTAT 18/6C SOL CL2P Plenum 18 6 Solid 0.206 6.67 42.3
— 55508 TSTAT 18/8C SOL CL2P Plenum 18 8 Solid 0.224 6.67 54.6
E 55510 TSTAT 18/10C SOL CL2P Plenum 18 10 Solid 0.264 6.67 67.7
=
m 1.Red ® 2. White O 3. Green ® 4. Blue ® 5. Yellow 6. Brown ®
h 7. Orange 8.Black ® 9. Pink ® 10. Gray ® 11.Tan 12. Purple ®
(L)
=
= =
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THERMOSTAT CABLE PLENUM

THERMOSTAT CABLE PLENUM RATED - SHIELDED

-  Rated 600 Volt
e Operating Temperature: -20°C to 60°C
- ¢ Rated 300 Volt 75°C Stranded Copper Conductors

)

APPLICATION
Thermostat Cable is a class 2 power-limited circuit cable for use in thermostat
control applications

11 109 3A.IM

‘ CONSTRUCTION

\ ¢ Conductors stranded bare copper

\ e Overall Aluminum Mylar Shield with 24 AWG Tinned Copper Drain Wire
| ¢ Insulation LS PVC, Jacket LS PVC

HINSTNY NI AV Z—

e SPECIFICATIONS
» e UL Listed CL3P

e C(UL)US Listed CMP FT6
LISTED

(e

;
@
LISTED
\R/n HS
SOLID/ NOMINAL  DC RESISTANCE NET WEIGHT
MODEL#  DESCRIPTION AWG  crpanpep *COND  opUN)  (OHMS/1000FT. AT 20°C) (LBS/1000 FT)
P40133 TSTAT 18/2C STR SH Cu CL2P 18 Stranded 2 0.164 6.67 19.6
P40032 TSTAT 18/3C STR SH Cu CL2P 18 Stranded 3 0.172 6.67 25.9
P40073 TSTAT 18/4C STR SH Cu CL2P 18 Stranded 4 0.188 6.67 32.6
P40040 TSTAT 18/6C STR SH Cu CL2P 18 Stranded 6 0.227 6.67 46.9
P40070 TSTAT 18/8C STR SH Cu CL2P 18 Stranded 8 0.246 6.67 60.3
P50002 TSTAT 16/2C STR SH Cu CL3P 16 Stranded 2 0.184 418 26.3

CONDUCTOR COLORS

1. Black @ 2.Red ® 3. White O 4. Green ® 5. Brown @ 6.Blue ® 7. Orange 8. Yellow

WNN3Td 3dim wvisowyadt | IWASL 9VAH
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TRAY CABLE

TRAY CABLE - 600 VOLT - MINI SPLIT

® ¢ 600 Volts (max)
- o e Temperature rated at 75°C wet locations / 90°C dry locations
e Operating Temperature: -20°C to 90°C
e Sunlight-Resistant

)

APPLICATION

e Tray Cable is a multi-conductor control, signal or power cable rated for
600 volts

e May be installed in raceways, conduit, cable trays and outdoor locations
where supported by a messenger wire

e Also suitable for direct burial

11 109 3A.IM

CONSTRUCTION

¢ Conductor(s): Stranded copper conductors Type THHN or THWN
 The overall jacket is heat, moisture and sunlight resistant PVC
e Jacket: Flame retardant PVC

JIITNY NI AV Z—

SPECIFICATIONS
LISTED e UL Listed Type TC-ER-JP

woHs

®

DC RESISTANCE

MODEL # DESCRIPTION g%%nm :)“:)M:m‘ ;' g)THZI\:I)?gOOOFT. :‘LEB.I.S‘;\:EI(?OIII IT)
585835 16 AWG 3/C TFFN/PVC 1x16 GG MINISPLIT TYPE TC-ER-JP 600V BLACK | 16 4 Standed 0.345 4.19 72.3

595407 14 AWG 4/C SOL THHN/PVC MINISPLIT TYPE TC-ER-JP 600V BLACK 14 4 Solid 0.348 2.57 89.2

582257 14 AWG 4/C THHN/PVC MINISPLIT TYPE TC-ER-JP 600V BLACK 14 4 Stranded 0.366 2.62 94.9

408633 14 AWG 7/C THHN/PVC MINISPLIT TYPE TC-ER-JP 600V BLACK 14 7 Stranded 0.429 2.62 151

CONDUCTOR COLORS (4-CONDUCTOR)

1. Black @ 2.Red ® 3. White O 4.Green ®

CONDUCTOR COLORS (7-CONDUCTOR)

1.Black @ 2.Red ®@ 3.Blue ® 4. Orange 5. Yellow 6. Brown ® 7. Red w/ Black Stripe @
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EZ-IN™ MINI-SPLIT CABLE

11 109 3A.IM

JISTNY NI AV Z—

5. 56

MODEL #

586288

DESCRIPTION

EZ-IN™ 16/4STR 600V AA JT

© 600 Volts (max)

¢ Temperature Rating: 90°C (Dry) and 75°C (Wet), 600V, Rated
¢ Sunlight Resistant

e Operating Temperature: -20°C to 90°C

APPLICATION

Southwire's armored mini-split cable can be installed in accordance with The

National Electrical Code for HVAC applications without the use of conduit and
may be installed indoors or outdoors in wet locations.

TOOLS

¢ Using appropriate Southwire tools for mini-split installations to reduce the
chance of damage to internal wires

¢ See Tool Kit

CONSTRUCTION

¢ Conductor(s): Stranded, bare copper Class B, Soft Drawn Annealed Bare
Copper per ASTM B3 and B8

e Insulation: Polyvinyl Chloride (PVC)/Nylon

e Armoring: Aluminum Interlocked Armor (AIA)

¢ Jacket: Black, PVC

SPECIFICATIONS
e UL Listed Type MC

SOLID/ #COND NOMINAL DC RESISTANCE NET WEIGHT
0.D. (IN.) (OHMS/1000FT. AT 20°C) (LBS/1000 FT)

Black 4.19 124.49

STRANDED

Stranded

S

583408

EZ-IN™ 14/4STR 600V AA JT

Stranded

~

Black 2.62 168.08

CONDUCTOR COLORS

1. Black @

2.Red ®

3. White O

4. Green ®

WE DELIVER POWER...RESPONSIBLY® | 9
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EZ-IN" MINI-SPLIT CONNECTORS

o 64275801

APPLICATION

e Suitable for use with ultra-whip wiring assemblies

e Easy and hassle-free fitting hook-ups

e Commonly used for connecting air conditioners, pumps, motors,

compressors, pool equipment and similar equipment

* Highly flexible non-metallic conduit with factory installed conductors
Type B (LFNC-B) fittings

FEATURES

The fittings meet UL Standard 514B, CSA Standard C22.2 No.18, and NEMA

FB-1. Assemblies complies with NEC® Article 356, UL Standard 1660, and CSA

Standard C22.2 No 227.2

HUB  RANGE OVER JACKET GROMMET BOX
MODEL # TYPE SIZE 0D MIN-MAX COLOR A LENGTH B DIAMETER C HEX D LENGTH PACK
610-.720
STRAIGHT CONNECTOR, 1/2" | . ., Black, Grey, . . . .
64235201 | grn o e Teckae | 12 560 - 610 Yolow 1-31/32 1-3/16 1-1/8 19/32 25
485 - 585"
] 610-.720
gaz7sgo1 | 207 CONNECTOR 172 | 560- 610 Black, Grey, | 5 4/ o 1-1/8" 19/32" 15
TECK5090 preipteet Yellow
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EZ-IN™ SHIELDED MINI-SPLIT CABLE

¢ 600 Volts (max)

¢ Temperature Rating: 90°C (Dry) and 75°C (Wet), 600V, Rated
\ « Sunlight Resistant
e Operating Temperature: -20°C to 90°C
=3
S N APPLICATION
mo Southwire's shielded armored mini-split cable can be installed in accordance
E 3 with The National Electrical Code for HVAC applications without the use of
. ~ conduit and may be installed indoors or outdoors in wet locations.
E TOOLS
E e Using appropriate Southwire tools for mini-split installations to
o reduce the chance of damage to internal wires
hi e See Tool Kit
CONSTRUCTION
¢ Conductor(s): Stranded, bare copper Class B, Soft Drawn Annealed Bare
Copper per ASTM B3 and B8

LISTED

woHs

e [nsulation: Polyvinyl Chloride (PVC)/Nylon

e Shield: Aluminum foil tape shield with 18 AWG tinned copper drain wire
e Armoring: Aluminum Interlocked Armor (AIA)

e Jacket: Black, PVC

SPECIFICATIONS
e UL Listed Type MC

soLID/ sconp  MNOMINAL  DC RESISTANCE NET WEIGHT
STRANDED 0.D.(IN)  (OHMS/1000FT. AT 20°C) (LBS/1000 FT)

593512 EZIN14/4STR DW AL SHD 600V AA JT 14 Stranded 4 0.595 2.58 176.84

®
AEREE Y

MODEL #  DESCRIPTION AWG

CONDUCTOR COLORS
1.Black ® 2.Red ® 3. White O 4. Green @

Lds INvLGNFZ3 | IVASL 9YAH
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LOW VOLTAGE COMMUNIGATION

AND SIGNAL CABLE

SHIELDED RISER RATED CABLE

* 600 Volts (max)
e Sunlight Resistant
e Operating Temperature: -20°C to 60°C

APPLICATION

For remote control, signaling, and power-limited circuits (NEC 725); 22-16
AWG also suitable for communications (NEC 800). Used in security, audio,
alarm, and control systems.

11 109 3A.AM

CONSTRUCTION

1. Conductor: Stranded bare copper per ASTM

2. Insulation: Polyvinyl Chloride (PVC)

3. Shield: Aluminum foil shield with 24 AWG tinned drain wire
4. Rip Cord: Rip cord for ease of jacket removal

5. Jacket: Gray Polyvinyl Chloride (PVC)

JISTNY NI AV Z—

SPECIFICATIONS
o UL Listed CL3R
LISTED o C(UL)US Listed CMR FT4

MODEL#  DESCRIPTION gg;%nsn #COND gg)“.":m' ?ocunlEss/IfJ:(ch: AT 20°C) :ﬁs‘/":f)lg: :T)
R40013 18/2 STR 600 Volt 18 Stranded 2 0.161 6.66 16.9

R40005 18/4 STR 600 Volt 18 Stranded 4 0.180 6.66 30.06

A50039 16/2 STR 600 Volt 16 Stranded 2 0.191 419 25.36

R50031 16/4 STR 600 Volt 16 Stranded 4 0.212 419 43.25
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ULTRA-WHIP® PRE-ASSEMBLED

NON-METALLIC HOOK-UP WHIPS

ULTRA-WHIP®° PRE-ASSEMBLED
NON-METALLIC HOOK-UP WHIPS

Rated 600 Volt, Stranded Copper THHN/THWN insulated conductors

APPLICATION

Suitable for use as follows:

¢ Complete assembly delivered from the factory ready to install. Includes 12"
wire leads at each end and LFNC-B Fittings for easy and hassle-free hook-ups

¢ Resistant to rust, cracks, and separation

¢ Non-metallic raceway is non-conducting

e Commonly used for connecting air conditioners, pumps, motors, compressors,
swimming pool equipment and similar equipment

CONSTRUCTION

Ultra-Whip® is a listed wiring assembly comprised of Listed or Recognized
components complies with NEC® Article 356, UL Standard 1660, and CSA
Standard C22.2 No 227.2 for Liquidtight Flexible Non-metallic Conduit. The
fittings meet UL Standard 514B, CSA Standard C22.2 No.18, and NEMA FB-1.

SPECIFICATIONS

Ultra-Whip® is UL Listed under the Wiring Assemblies (QQYZ) category.
Ultra-Whip® complies with NEC® Article 356, UL Standard 1660, and CSA
Standard C22.2 No 227.2 for Liquidtight Flexible Non-metallic Conduit. The
fittings meet UL Standard 514B, CSA Standard C22.2 No.18, and NEMA FB-1.

CONSTRUCTION

¢ Green Insulated Copper Grounding Conductor

¢ Highly Flexible Non-metallic Conduit with Factory Installed Conductors
e Liquidtight Flexible Non-metallic Conduit Type B (LFNC-B) Fittings

¢ 12" Conductor Leads with 1/2" Insulation Stripped

¢ Intended for 208/240/480 Volt Single Phase Circuits

WIRE SIZE # OF TRADESIZE  CONDUIT LENGTH MASTER CARTON  MASTER CARTON
MODEL # e e § (NCRES) — (rEEM) AMPS  QUANTITY WEIGHT
: (# OF PIECES) (LBS)
55-31-12-01 3/#10 AWG 0.5 4 30 6 12
55-18-94-07 3/#10 AWG 0.5 6 30 6 13
55-31-14-01 2/#8 AWG, 1/#10 AWG Ground 0.75 4 40 6 14
55-18-93-07 2/#8 AWG, 1/#10 AWG Ground 0.75 6 40 6 15

Color Coding 120/208Y
Black, Red

Color Coding 277/480Y High Voltage

Brown, Grey

2

™3
o
I+

COLOR
SEQUENCE

Grounding

Orange, Gre:
Conductor g i

CONDUCTORS

Green

Yellow, Grey
*Optional 277/480Y Volt Colors are available subject to economic quantity.

WE’VE GOT IT
/L MADE IN AMERICA”

Purple, Grey

Brown, Yellow, Grey

a319nassy-3dd .dHm-van | IWAS1L IYAH

# OF CONDUCTORS
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Brown, Orange, Grey

Brown, Orange, Yellow, Grey . D D .
Brown, Yellow, Purple, Grey .D..

Al BB |l INM|ININ
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QWIK STRIP™ UF-B

UNDERGROUND FEEDER CABLE
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QUIK STRIP™ UF-B UNDERGROUND FEEDER CABLE

| f FEATURES
Il ¢ Easy-to-cut and strip grooved jacket peels away cleanly by hand
\ after a simple score
¢ Solid conductor core is ideal for backstabbed outlets and supports
E .§., secure, code-compliant terminations
g §“ L e Strong, du_rable jacket offers improved strength and protection compared
mo to Southwire’s standard UF-B
E 3 e Meets UL 493 standards for underground feeder and branch-circuit wiring
S,
- END-USER BENEFITS
E e Faster installations with simplified jacket removal
'5' that speeds up wiring tasks
E ¢ Enhanced safety through minimized blade use for more confident handling
p ¢ Professional appearance supported by clean separation
g lines for neat terminations
¢ Fewer mistakes thanks to cleaner cuts that reduce conductor
@ damage and errors
* Reliable performance built for tough conditions above and below ground
LISTED
APPLICATIONS
¢ Qutdoor landscape lighting
¢ Pumps for fountains and pools
LISTED e Agricultural wiring in barns, stables, and greenhouses
WoHS
MODEL#  DESCRIPTION awg  CONLEToR CONDUCTORTYPE  PACKAGE LENGTHS
458374 QWIK STRIP™ UF-B Underground Feeder Cable 14/2 w/ Ground | 14 2+1 Copper Solid 250 ft, 1,000 ft
458375 QWIK STRIP™ UF-B Underground Feeder Cable 12/2 w/ Ground | 12 2+1 Copper Solid 250 ft, 1,000 ft
458378 QWIK STRIP™ UF-B Underground Feeder Cable 10/2 w/ Ground | 10 2+1 Copper Solid 250 ft, 1,000 ft
458377 QWIK STRIP™ UF-B Underground Feeder Cable 14/2 w/ Ground | 14 3+1 Copper Solid 250 ft, 1,000 ft
458376 QWIK STRIP™ UF-B Underground Feeder Cable 12/2 w/ Ground | 12 3+1 Copper Solid 250 ft, 1,000 ft
458379 QWIK STRIP™ UF-B Underground Feeder Cable 10/2 w/ Ground | 10 3+1 Copper Solid 250 ft, 1,000 ft

14 | SOUTHWIRE.COM | 1-800-444-1700
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get social with us:

/SOUTHWIRETOOLS /SOUTHWIRE-COMPANY @SOUTHWIRETOOLS @SOUTHWIRE
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