
JUMPER CABLE

ACSR AAC
Code Name Size Strand Code Name Size Strand

Swan 4 6/1 Irs 2 7

Swanate 4 7/1 Poppy 1/0 7

Sparrow 2 6/1 Aster 2/0 7

Sparate 2 7/1 Oxlip 4/0 7

Raven 1/0 6/1 Tulip 336.4 19

Quail 2/0 6/1 Canna 397.5 19

Penguin 4/0 6/1 Cosmos 477 19
Gouse* 80 8/1 Dahlia 556.5 19

Waxwing 266.8 18/1 Mistletoe 556.5 37

Partridge 266.8 26/7 Violet 715.5 37

Linnet 336.4 26/7 Arbutus 795 37

Chickadee 397.5 18/1 Magnolia 954 37

Merlin 397.5 26/7 Marigold 1113 61

Flicker 477 24/7 Narcissus 1272 61

Hawk 477 26/7 Coreopsis 1590 61

Dove 556.5 26/7 Jessamine 1750 61

Grosbeak 636 26/7 Cowslip 2000 91

Drake 795 26/7 Pigweed 2300 61

Drake 795 26/7 Lupine 2500 91

Condor 795 54/7 Bluebonnet 3500 127

Rail 954 45/7 OTHER

Cardinal 954 54/7 Code Name Size Strand

Curlew 1033.5 54/7
Flicker- ACSS 477 24/7

Bluejay 1113 45/7

Bunting 1192.5 45/7
Drake-ACSS 795 20/7

Bittern 1272 45/7

Martin 1351.5 54/19
Finch-ACSS 1113 54/19

Bobolink 1431 45/7

Lapwing 1590 45/7 Pheasant-
ACSS 1272 39/19

Falcon 1590 54/7

Chukar 1780 84/19
Ropelay 1272 259

Bluebird NS 2156 84/19

SUBSTATION

• Southwire SPEED™ Services offers        
a wide variety of substation jumper 
cable products.

• Avoid large minimum order quantities  
and long lead times.

 
• Non-spec and other specialty         

options available.
 
• Additional sizes and products available 

upon request.

CUSTOM CUT LENGTHS 
OF SUBSTATION JUMPER 
CABLE PRODUCTS
AVAILABLE THROUGH SOUTHWIRE 
SPEED™ SERVICES STOCK!

For more information, contact SWSpeed@southwire.com
or visit Southwire.com
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*High Mechanical Strength

SCAN TO LEARN MORE
ABOUT SPEED™ SERVICES


